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* The exact position of the balls and package dimensions vary.

** Package with Side-Wettable-Flanks (SWF) option.

SOT323
(SC-70)
2 x 1.25 x 0.95

XSON6
(SOT886)
1.45 x 1 x 0.5

Our extensive package range provides maximum flexibility

XQFN16
(SOT1161-1)
2.6 x 1.8 x 0.5

WLCSP15*

2.37 x 1.17 x 0.57
DHVQFN14**

(SOT762-1)
3 x 2.5 x 1

DHVQFN16**

(SOT763-1)
3.5 x 2.5 x 1

DHVQFN20**

(SOT764-1)
4.5 x 2.5 x 1

DHVQFN24**

(SOT815)
5.5 x 3.5 x 1

TSSOP14
(SOT402-1)
5 x 4.4 x 1.1

TSSOP16
(SOT403-1)
5 x 6.4 x 1.1

TSSOP20
(SOT360-1)
6.5 x 6.4 x 1.1

TSSOP24
(SOT355-1)
7.8 x 6.4 x 1.1

SO14
(SOT108-1)
8.65 x 6 x 1.75

SO16
(SOT109-1)
9.9 x 3.9 x 1.35

TSSOP48
(SOT362-1)
12.5 x 8.1 x 1.2

DFN1010B-6
(SOT1216)
1.1 x 1 x 0.37

DFN1412-6
(SOT1268-1)
1.4 x 1.2 x 0.47

TSSOP6
(SOT363)
2.1 x 1.25 x 0.95

XSON6
(SOT1202)
1 x 1 x 0.35 

X2SON6
(SOT1255)
1 x 0.8 x 0.35

XSON6
(SOT1115)
0.9 x 1 x 0.35

DFN2020(D)-6**

(SOT1118[D])
2 x 2 x 0.65

DFN1308-6
(SOT8006)
1.3 x 0.8 x 0.38

DFN2020MD-6**

(SOT1220)
2 x 2 x 0.65

X2SON8
(SOT1233)
1.35 x 0.8 x 0.35

DFN2510A-10
(SOT1176-1)
2.5 x 1 x 0.5

XQFN10
(SOT1160-1)
1.4 x 1.8 x 0.5

XSON8
(SOT833-1)
1 x 1.95 x 0.5

XSON8
(SOT1203)
1.35 x 1 x 0.35

XQFN12
(SOT1174-1)
2 x 1.7 x 0.5

VSSOP8
(SOT765-1)
2 x 2.3 x 1

TSSOP8
(SOT505-2)
3 x 3 x 1.1 

XSON8
(SOT1116)
1.2 x 1 x 0.35

WLCSP10
1.57 x 1.17 x 0.57

SO20
(SOT163-1)
12.8 x 10.3 x 2.65

TSSOP56
(SOT364-1)
14 x 8.1 x 1.2

TVSOP48
(SOT480-1)
9.7 x 6.4 x 1.1

SOT89
4.5 x 2.5 x 1.5

DPAK
(SOT428C)
6.1 x 6.6 x 2.3

I2PAK
(SOT226)
11 x 10 x 4.3

CFP15(B)
(SOT1289[B])
5.8 x 4.3 x 0.78 (0.95)) 

D2PAK
(SOT404)
11 x 10 x 4.3

X2SON5
(SOT1226)
0.8 x 0.8 x 0.35

WLCSP5*

1.17 x 0.77 x 0.57
TSSOP5
(SOT353)
2.1 x 1.25 x 0.95

XSON7
(SOT1358-1)
2.1 x 1.1 x 0.5

WLCSP4*

0.8 x 0.8 x 0.35
X2SON4
(SOT1269-2)
0.6 x 0.6 x 0.35

LFPAK56
(SOT669)
5 x 6 x 1

LFPAK56-UL2595
(SOT1023A)
5 x 6 x 1

SOT223
6.5 x 3.5 x 1.65

LFPAK56E
(SOT1023)
5 x 6 x 1

SOT143B
2.9 x 1.3 x 1

TSOP5
(SOT753)
2.9 x 1.5 x 1.0

DSN1006-2
(SOD993[B])
1 x 0.6 x 0.27

DSN0402B-2
(SOD992B)
0.4 x 0.2 x 0.12

DSN0603-2
(SOD962)
0.6. x 0.3 x 0.3

DSN1006U-2
(SOD995)
1 x 0.6 x 0.27

DFN1006BD-2**

(SOD882BD)
1 x 0.6 x 0.48

DFN1006-2
(SOD882)
1 x 0.6 x 0.5

SOD523
1.2 x 0.8 x 0.6

DFN1608D-2**

(SOD1608)
1.6 x 0.8 x 0.37

DSN1608-2
(SOD964)
1.6 x 0.8 x 0.29

SOD323
1.7 x 1.25 x 0.95

SOD323F
1.7 x 1.25 x 0.7

SOD123F
2.6 x 1.6 x 1.1

SOD123
2.68 x 1.6 x 1.15

CFP3
(SOD123W)
2.6 x 1.7 x 1

TSOP6
(SOT457)
2.9 x 1.5 x 1

SO24
(SOT137-1)
15.4 x 10.3 x 2.65

SOT78
15.6 x 10 x 4.4

SOT429
(TO-247)
20.5 x 15.6 x 5

LFPAK88
(SOT1235)
8 x 8 x 1.6

CFP5
(SOD128)
3.8 x 2.5 x 1

DFN2020(D)-3**

(SOT1061[D])
2 x 2 x 0.65

 SOT23 
2.9 x 1.3 x 1

DFN1010D-3**

(SOT1215)
1.1 x 1 x 0.37

DFN1110D-3**

(SOT8015)
1.1 x 1 x 0.48 

DFN0606
(SOT8001)
0.62 x 0.62 x 0.37

DFN0603-3
(SOT8013)
0.63  x 0.33 x 0.25 

DFN1006B-3
(SOT883B)
1 x 0.6 x 0.37

DFN1006-3
(SOT883)
1 x 0.6 x 0.48

DFN1412D-3**

(SOT8009)
1.4 x 1.2 x 0.47

TSSOP10
(SOT552-1)
3 x 3 x 1.1

LFPAK33
(SOT1210)
3.3 x 3.3 x 0.9

MLPAK33
(SOT8002)
3.3 x 3.3 x 0.8

LFPAK56D
(SOT1205)
5 x 6 x 1

TSSOP8
(SOT530-1)
3 x 4.4 x 1.1 


